meushurger

T-BOLT, DIN 787 HWS 9011

PRODUCT DESCRIPTION
» According to DIN 787

» Up to M12 strength class 10.9 o
» From M16 strength class 8.8

b b2 12 M b1 | No. EUR b b2 12 M b1 | No. EUR
13 77 22 M8 8 32 HWS 9011/ 8/ 8/ 32 <> 25 157 65 M16 16 100 HWS 9011/16/16/100 <>
15 97 30 M10 10 40 HWS 9011/10/10/ 40 <> 25 157 85 M16 16 125 HWS 9011/16/16/125 <>
15 97 45 M10 10 63 HWS 9011/10/10/ 63 <> 25 157 100 M16 16 160 HWS 9011/16/16/160 <>
18 117 55 M12 12 80 HWS 9011/12/12/ 80 <> 28 177 55 M16 18 80 HWS 9011/16/18/ 80 <>
18 117 65 M12 12 100 HWS 9011/12/12/100 <> 28 177 65 M16 18 100 HWS 9011/16/18/100 <>
18 117 75 M12 12 125 HWS 9011/12/12/125 <> 28 177 85 M16 18 125 HWS 9011/16/18/125 <>
22 137 35 M12 14 50 HWS 9011/12/14/ 50 <> 28 17.7 100 M16 18 160 HWS 9011/16/18/160 <>
22 137 55 M12 14 80 HWS 9011/12/14/ 80 <> 35 217 55 M20 22 80 HWS 9011/20/22/ 80 <>
22 137 65 M12 14 100 HWS 9011/12/14/100 <> 35 217 65 M20 22 100 HWS 9011/20/22/100 <>
22 137 75 M12 14 125 HWS 9011/12/14/125 <> 35 217 8 M20 22 125 HWS 9011/20/22/125 <>
22 137 100 M12 14 160 HWS 9011/12/14/160 <> 35 217 110 M20 22 160 HWS 9011/20/22/160 <>
22 137 120 M12 14 200 HWS 9011/12/14/200 <> 35 217 125 M20 22 200 HWS 9011/20/22/200 <>
25 157 55 M16 16 80 HWS 9011/16/16/ 80 <>

Meusburger Georg GmbH & Co KG | Kesselstr. 42 | 6960 Wolfurt | Austria

T +43 5574 6706-0 | sales@meusburger.com | www.meusburger.com



