meushurger

GOOSE-NECK CLAMP, DIN 6316 HWS 118

PRODUCT DESCRIPTION
» According to DIN 6316

max. 2xh

MATERIAL
» Tempered steel, lacquered
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b b2 h h1 11 12 13 R b1 | No. EUR
40 20 20 18 44 40 16 M12, M14 14 125 HWS 118/14 /125 <>
50 25 25 23 515 40 20 M16, M18 18 125 HWS 118/18 /125 <>
50 25 25 23 515 50 20 M16,M18 18 160 HWS 118/18 /160 <>
60 30 30 27 59 55 24 M20, M22 22 160 HWS 118/22 /160 <>
60 30 30 27 59 70 24 M20, M22 22 200 HWS 118/22 /200 <>

1) M: Suitable for clamping screw
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