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THREADING ELECTRODE, TUNGSTEN COPPER, FOR METRIC THREADS V 93140

PRODUCT DESCRIPTION
f For metric threads
f Planetary

MATERIAL
f WCu

d3

l1 - 2
+5

d1 d2M

L

Type A

Type B

L d1 d2 d3 M l1 Type No. EUR

35 0.9 - 1 M  1,4 15 A V 93140/  1,4/15/A < >

35 1 - 1 M  1,6 15 A V 93140/  1,6/15/A < >

60 1.4 - 1.4 M  2 30 A V 93140/  2/30/A < >

60 1.4 0.4 1.4 M  2 30 B V 93140/  2/30/B < >

85 1.9 - 2 M  2,5 50 A V 93140/  2,5/50/A < >

85 1.9 0.8 2 M  2,5 50 B V 93140/  2,5/50/B < >

85 2 - 2 M  3 50 A V 93140/  3/50/A < >

85 2 0.8 2 M  3 50 B V 93140/  3/50/B < >

85 3 - 3 M  4 60 A V 93140/  4/60/A < >

85 3 0.8 3 M  4 60 B V 93140/  4/60/B < >

85 4 - 4 M  5 60 A V 93140/  5/60/A < >

85 4 1.6 4 M  5 60 B V 93140/  5/60/B < >

85 4.5 - 4.5 M  6 60 A V 93140/  6/60/A < >

85 4.5 2.3 4.5 M  6 60 B V 93140/  6/60/B < >

85 6 - 6 M  8 60 A V 93140/  8/60/A < >

85 6 2.5 6 M  8 60 B V 93140/  8/60/B < >

85 8 - 8 M10 60 A V 93140/10/60/A < >

85 8 3 8 M10 60 B V 93140/10/60/B < >

85 10 - 10 M12 60 A V 93140/12/60/A < >

85 10 2.8 10 M12 60 B V 93140/12/60/B < >


