meushurger

FLEXIBLE SHAFT KIT 450W GESB 1400/SET

PRODUCT DESCRIPTION
» Convenient kit containing all basic elements
» Well-matched components

INCLUDED IN THE DELIVERY
» An adequate cable for connection to your mains

Type Set contents n max. No. EUR

SET1 » Hanging motor GESB 1200/J/24 24,000 min’! GESB 1400/J/24/Set-1 <>
» Flexible shaft with expanding ring GESB 2240/J/6/1,1
» Round foot control GESB 3240/24/PT
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SET 2 » Hanging motor GESB 1200/J/24 24,000 min” GESB 1400/J/24/Set-2 <>
» Flexible shaft with expanding ring GESB 2240/J/6/1,1
» Desk control unit GESB 3260/24/PT
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Hanging motor GESB 1200/J/24 24,000 min” GESB 1400/J/24/Set-3 <>
Flexible shaft with duplex spring GESB 2245/J/6/1,1
Round foot control GESB 3240/24/PT
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SET4 » Hanging motor GESB 1200/J/24 24,000 min’! GESB 1400/J/24/Set-4 <>
» Flexible shaft with duplex spring GESB 2245/J/6/1,1
» Desk control unit GESB 3260/24/PT

SETS5 » Hanging motor GESB 1200/J/24 24,000 min’! GESB 1400/J/24/Set-5 <>

» Flexible shaft with expanding ring GESB 2240/J/6/2,0
» Round foot control GESB 3240/24/PT
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Type Set contents n max. No. EUR
SET 6 ) P2
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Hanging motor GESB 1200/J/24 24,000 min" GESB 1400/J/24/Set-6 <>
Flexible shaft with expanding ring GESB 2240/J/6/2,0
Desk control unit GESB 3260/24/PT

T

~ B

SET7 , »

o

SET8 , y
I |

P
n Spare parts and repair by request
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Hanging motor GESB 1200/J/24 24,000 min” GESB 1400/J/24/Set-7 <>
Flexible shaft with duplex spring GESB 2245/J/6/2,0
» Round foot control GESB 3240/24/PT
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Hanging motor GESB 1200/J/24 24,000 min’! GESB 1400/J/24/Set-8 <>
Flexible shaft with duplex spring GESB 2245/J/6/2,0
Desk control unit GESB 3260/24/PT
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