meusburger

o /
0.01

PRODUCT DESCRIPTION B y
» For high-precision adjustment or inspection of workpieces

» Optimal fixing through dovetail guide

3

» Resistant to shocks

» Rotatable bezel Kl
INCLUDED IN THE DELIVERY wwo
» Clamping shank, wrench and a plastic case
d Wt. M Fn SK" | MB? 1 No. EUR
40 58¢g M 1,6 02N 0-25-0 347 05 38.1 MFH 10200/0,5/38,1 <>
40 58¢g M 1,6 02N 0-40-0 11.8 0,8 15.2 MFH 10200/0,8/15,2 <>

1) SK: dial 2) MB: measuring range

ﬂ Pre-calibrated on request
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