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POLISHING BRUSHES V 76503

PRODUCT DESCRIPTION
 f For polishing, scale removal, deburring
 f Shank Ø3 mm

Polishing brush, brush-shaped

Shape l2 l d d1 l1 d2 No. EUR
Pcs. / PU

l1

l

d1

Ø3

d2 Wire size P01 Chungking brush, black - 46 - 4 9 - 10 V 76503/ P01/  4x  9 < >

P02 Chungking brush, white - 46 - 4 9 - 10 V 76503/ P02/  4x  9 < >

P04 Brush, goat hair - 46 - 4 9 - 10 V 76503/ P04/  4x  9 < >

P08 Brush, nylon - 46 - 4 9 - 10 V 76503/ P08/  4x  9 < >

P10 Brass brush - 46 - 4 9 0.08 10 V 76503/ P10/  4x  9/0,08 < >

P10 Brass brush - 46 - 4 9 0.12 10 V 76503/ P10/  4x  9/0,12 < >

P20 Steel brush - 46 - 4 9 0.08 10 V 76503/ P20/  4x  9/0,08 < >

P20 Steel brush - 46 - 4 9 0.1 10 V 76503/ P20/  4x  9/0,10 < >

Polishing brush, wheel

Shape l2 l d d1 l1 d2 No. EUR
Pcs. / PU

Ø3

d1 l1
l

d2 Wire size R01 Wheel, Chungking, black - 42 - 21 1 - 10 V 76503/ R01/21x1 < >

R01 Wheel, Chungking, black - 42 - 25 1 - 10 V 76503/ R01/25x1 < >

R01 Wheel, Chungking, black - 42 - 32 1 - 10 V 76503/ R01/32x1 < >

R04 Wheel, goat hair - 42 - 25 1 - 10 V 76503/ R04/25x1 < >

R04 Wheel, goat hair - 42 - 32 1 - 10 V 76503/ R04/32x1 < >

R08 Wheel, nylon - 42 - 25 1 - 10 V 76503/ R08/25x1 < >

R08 Wheel, nylon - 42 - 32 1 - 10 V 76503/ R08/32x1 < >

R10 Wheel, brass - 42 - 21 2 0.08 10 V 76503/ R10/21x2/0,08 < >

R10 Wheel, brass - 42 - 21 2 0.1 10 V 76503/ R10/21x2/0,10 < >

R10 Wheel, brass - 42 - 25 2 0.08 10 V 76503/ R10/25x2/0,08 < >

R10 Wheel, brass - 42 - 25 2 0.1 10 V 76503/ R10/25x2/0,10 < >

R10 Wheel, brass - 42 - 32 2 0.08 10 V 76503/ R10/32x2/0,08 < >

R10 Wheel, brass - 42 - 32 2 0.1 10 V 76503/ R10/32x2/0,10 < >

R20 Wheel, steel - 42 - 21 2 0.08 10 V 76503/ R20/21x2/0,08 < >

R20 Wheel, steel - 42 - 21 2 0.1 10 V 76503/ R20/21x2/0,10 < >

R20 Wheel, steel - 42 - 25 2 0.08 10 V 76503/ R20/25x2/0,08 < >

R20 Wheel, steel - 42 - 32 2 0.08 10 V 76503/ R20/32x2/0,08 < >

R20 Wheel, steel - 42 - 32 2 0.1 10 V 76503/ R20/32x2/0,10 < >

R30 Wheel, stainless steel - 42 - 21 2 0.08 10 V 76503/ R30/21x2/0,08 < >

R30 Wheel, stainless steel - 42 - 21 2 0.1 10 V 76503/ R30/21x2/0,10 < >

R30 Wheel, stainless steel - 42 - 32 2 0.08 10 V 76503/ R30/32x2/0,08 < >

R30 Wheel, stainless steel - 42 - 32 2 0.1 10 V 76503/ R30/32x2/0,10 < >
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Polishing brush, cup-shaped

Shape l2 l d d1 l1 d2 No. EUR
Pcs. / PU

Ø3

d1

l1
l

d2 Wire size
T01 Cup, Chungking, black - 50 - 14 7 - 10 V 76503/ T01/14x  7 < >

T02 Cup, Chungking, white - 50 - 14 7 - 10 V 76503/ T02/14x  7 < >

T04 Cup, goat hair - 50 - 14 7 - 10 V 76503/ T04/14x  7 < >

T08 Cup, nylon - 50 - 14 7 - 10 V 76503/ T08/14x  7 < >

T10 Cup, brass - 50 - 14 7 0.08 10 V 76503/ T10/14x  7/0,08 < >

T10 Cup, brass - 50 - 14 7 0.1 10 V 76503/ T10/14x  7/0,10 < >

T20 Cup, steel - 50 - 14 7 0.08 10 V 76503/ T20/14x  7/0,08 < >

T20 Cup, steel - 50 - 14 7 0.1 10 V 76503/ T20/14x  7/0,10 < >

T30 Cup, stainless steel - 50 - 14 7 0.08 10 V 76503/ T30/14x7  /0,08 < >

Polishing brush, cup-shaped, chamfered

Shape l2 l d d1 l1 d2 No. EUR
Pcs. / PU

Ø3

d1

l2
l

d2

l1

Wire size
K01 Cup, Chungking, black 7 52 8 14 5 - 10 V 76503/K01/8x5 < >

K02 Cup, Chungking, white 7 52 8 14 5 - 10 V 76503/K02/8x5 < >

K03 Cup, goat hair grey 7 52 8 14 5 - 10 V 76503/K03/8x5 < >

K04 Cup, goat hair white 7 52 8 14 5 - 10 V 76503/K04/8x5 < >

K05 Cup, soft horsehair 7 52 8 14 5 - 10 V 76503/K05/8x5 < >

K06 Cup, hard horsehair 7 52 8 14 5 - 10 V 76503/K06/8x5 < >

K08 Cup, nylon 7 52 8 14 5 - 10 V 76503/K08/8x5 < >

K10 Cup, brass 7 52 8 14 5 0.08 10 V 76503/K10/8x5/0,08 < >

K10 Cup, brass 7 52 8 14 5 0.1 10 V 76503/K10/8x5/0,10 < >

K30 Cup, stainless steel 7 52 8 14 5 0.1 10 V 76503/K30/8x5/0,10 < >


