meusburger

DESCRIZIONE DEL PRODOTTO © ©
» Gambo @6 mm
» Bassa proprieta abrasiva
» Legante in gomma medio
» Alta qualita della superficie I
Forma Grana d3 d1 I N° EUR
Pz./UDC
A1 »:- Cilindro ® 80 6 20 20 10 V' 72532/ A1/20x20/ 80 <>
® 120 6 20 20 10 V 72532/ A1/20x20/120 <>
® 220 6 20 20 10 V 72532/ A1/20x20/220 <>
® 280 6 20 20 10 V'72532/ A1/20x20/280 <>
G3 . - Cono acuto ® 120 [ 13 20 10 V' 72532/ G3/13x20/120 <>
® 220 6 20 32 10 V'72532/ G3/20x32/220 <>
J1 Sfera ® 120 6 16 - 10 V'72532/J1/16/120 <>
':. ® 220 6 16 - 10 V'72532/ J1/16/220 <>
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