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HEAD ELECTRODE, GRAPHITE V 92571 / V 92574 / V 92577

MATERIAL
f Graphite Q70, Q60, Q40
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32 62 15 15 15 30 - V 92574/15/15 15/30 < > V 92577/15/15 15/30 < >

32 82 15 15 15 50 - V 92574/15/15 15/50 < > V 92577/15/15 15/50 < >

32 112 15 15 15 80 - V 92574/15/15 15/80 < > V 92577/15/15 15/80 < >

32 62 15 20 20 30 - V 92574/15/20 20/30 < > V 92577/15/20 20/30 < >

32 82 15 20 20 50 V 92571/15/20 20/50 < > V 92574/15/20 20/50 < > V 92577/15/20 20/50 < >

32 112 15 20 20 80 V 92571/15/20 20/80 < > V 92574/15/20 20/80 < > V 92577/15/20 20/80 < >

32 62 15 25 25 30 - V 92574/15/25 25/30 < > V 92577/15/25 25/30 < >

32 82 15 25 25 50 - V 92574/15/25 25/50 < > V 92577/15/25 25/50 < >

32 112 15 25 25 80 V 92571/15/25 25/80 < > - -

32 62 15 30 30 30 - V 92574/15/30 30/30 < > -

32 82 15 30 30 50 V 92571/15/30 30/50 < > V 92574/15/30 30/50 < > V 92577/15/30 30/50 < >

32 112 15 30 30 80 - - V 92577/15/30 30/80 < >

32 62 15 35 35 30 - V 92574/15/35 35/30 < > -

32 82 15 35 35 50 V 92571/15/35 35/50 < > V 92574/15/35 35/50 < > -

32 62 15 40 40 30 - V 92574/15/40 40/30 < > V 92577/15/40 40/30 < >

32 82 15 40 40 50 V 92571/15/40 40/50 < > V 92574/15/40 40/50 < > V 92577/15/40 40/50 < >

32 112 15 40 40 80 V 92571/15/40 40/80 < > V 92574/15/40 40/80 < > V 92577/15/40 40/80 < >

40 72 25 25 25 32 - V 92574/25/25 25/32 < > V 92577/25/25 25/32 < >

40 102 25 25 25 62 - V 92574/25/25 25/62 < > V 92577/25/25 25/62 < >

40 120 25 25 25 80 - V 92574/25/25 25/80 < > V 92577/25/25 25/80 < >

40 72 25 30 30 32 V 92571/25/30 30/32 < > V 92574/25/30 30/32 < > V 92577/25/30 30/32 < >

40 92 25 30 30 52 V 92571/25/30 30/52 < > V 92574/25/30 30/52 < > V 92577/25/30 30/52 < >

40 120 25 30 30 80 - V 92574/25/30 30/80 < > -

40 72 25 35 35 32 - V 92574/25/35 35/32 < > -

40 92 25 35 35 52 V 92571/25/35 35/52 < > V 92574/25/35 35/52 < > -

40 120 25 35 35 80 V 92571/25/35 35/80 < > V 92574/25/35 35/80 < > -

40 72 25 40 40 32 V 92571/25/40 40/32 < > V 92574/25/40 40/32 < > -

40 92 25 40 40 52 V 92571/25/40 40/52 < > V 92574/25/40 40/52 < > V 92577/25/40 40/52 < >

40 120 25 40 40 80 V 92571/25/40 40/80 < > V 92574/25/40 40/80 < > -

40 92 25 50 50 52 V 92571/25/50 50/52 < > V 92574/25/50 50/52 < > V 92577/25/50 50/52 < >

40 120 25 50 50 80 V 92571/25/50 50/80 < > V 92574/25/50 50/80 < > -


