
Meusburger Georg GmbH & Co KG | Kesselstr. 42 | 6960 Wolfurt | Austria

T +43 5574 6706-0 | sales@meusburger.com | www.meusburger.com

SET: EXTRA POLISHING STONES, SILICON CARBIDE, HARD BOND V 76182/SET

PRODUCT DESCRIPTION
f Extra hard polishing stone for hardened tool steel with up to 63 HRC
f Dimensionally stable bond

APPLICATION
f Use polishing oil
f For polishing by hand or with hand filing machines

   

Set contents l s b Grit No. EUR
Pcs. / PU

f V 76182 Polishing stone test set 150 3 13 150, 220, 
320, 400, 

600

1 V 76182/Set-R < >

150 3 13 320, 400, 
600, 800, 

1000

1 V 76182/Set-F < >

150 6 13 150, 220, 
320, 400, 

600

1 V 76182/6x13/Set-R < >

150 6 13 320, 400, 
600, 800, 

1000

1 V 76182/6x13/Set-F < >

EXTRA POLISHING STONE, SILICON CARBIDE, HARD BOND V 76182

PRODUCT DESCRIPTION
f Extra hard polishing stone for hardened tool steel with up to 63 HRC
f Dimensionally stable bond

APPLICATION
f Use polishing oil
f For polishing by hand or with hand filing machines
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s
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l s b Grit No. EUR
Pcs. / PU

150 3 6 150 12 V 76182/  3x  6/  150 < >

150 3 6 220 12 V 76182/  3x  6/  220 < >

150 3 6 320 12 V 76182/  3x  6/  320 < >

150 3 6 400 12 V 76182/  3x  6/  400 < >

150 3 6 600 12 V 76182/  3x  6/  600 < >

150 3 6 800 12 V 76182/  3x  6/  800 < >

150 3 6 1000 12 V 76182/  3x  6/1000 < >

150 3 13 150 12 V 76182/  3x13/  150 < >

150 3 13 220 12 V 76182/  3x13/  220 < >

150 3 13 320 12 V 76182/  3x13/  320 < >

150 3 13 400 12 V 76182/  3x13/  400 < >

150 3 13 600 12 V 76182/  3x13/  600 < >

150 3 13 800 12 V 76182/  3x13/  800 < >

150 3 13 1000 12 V 76182/  3x13/1000 < >

150 6 6 150 12 V 76182/  6x  6/  150 < >

150 6 6 220 12 V 76182/  6x  6/  220 < >

150 6 6 320 12 V 76182/  6x  6/  320 < >

150 6 6 400 12 V 76182/  6x  6/  400 < >

l s b Grit No. EUR
Pcs. / PU

150 6 6 600 12 V 76182/  6x  6/  600 < >

150 6 6 800 12 V 76182/  6x  6/  800 < >

150 6 6 1000 12 V 76182/  6x  6/1000 < >

150 6 13 120 12 V 76182/  6x13/  120 < >

150 6 13 150 12 V 76182/  6x13/  150 < >

150 6 13 220 12 V 76182/  6x13/  220 < >

150 6 13 320 12 V 76182/  6x13/  320 < >

150 6 13 400 12 V 76182/  6x13/  400 < >

150 6 13 600 12 V 76182/  6x13/  600 < >

150 6 13 800 12 V 76182/  6x13/  800 < >

150 6 13 1000 12 V 76182/  6x13/1000 < >

150 13 13 150 12 V 76182/13x13/  150 < >

150 13 13 220 12 V 76182/13x13/  220 < >

150 13 13 320 12 V 76182/13x13/  320 < >

150 13 13 400 12 V 76182/13x13/  400 < >

150 13 13 600 12 V 76182/13x13/  600 < >

150 13 13 800 12 V 76182/13x13/  800 < >

150 13 13 1000 12 V 76182/13x13/1000 < >


