meusburger

MATERIAL

» 1.7131
SW d2 12 13 14 d1 il No. EUR
17 M12 18 14 6 20 25 E 1928/20/ 25 <>
17 M12 18 14 15 20 40 E 1928/20/ 40 <>
17 M12 18 14 15 20 45 E 1928/20/ 45 <>
17 M12 18 14 15 20 50 E 1928/20/ 50 <>
17 M12 18 14 15 20 80 E 1928/20/ 80 <>
27 M16 24 18 4 32 25 E1928/32/ 25 <>
27 M16 24 18 15 32 45 E1928/32/ 45 <>
27 M16 24 18 15 32 50 E1928/32/ 50 <>
27 M16 24 18 15 32 80 E1928/32/ 80 <>
27 M16 24 18 15 32 120 E1928/32/120 <>
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