meushurger

PRODUCT DESCRIPTION
» Available in various standardised,

milled thicknesses
» Graphite cuts with flat parallel surfaces
in customised widths and lenghts

MATERIAL
» Graphite Q70, Q60, Q40

Material B L S No. EUR
Q70 15 - 460 15-610 20 V92221/...../ 20 <>
15 - 460 15-610 30 V 92221/...../ 30 <>
15-460 15-610 40 V92221/...../ 40 <>
15-460 15-610 50 V92221/...../ 50 <>
15-460 15-610 60 V92221/.....1 60 <>
15-460 15-610 70 V92221/...../ 70 <>
15-460 15-610 80 V92221/...../ 80 <>
15-460 15-610 90 V 92221/...../ 90 <>
15-460 15-610 100 V' 92221/...../100 <>
15-460 15-610 120 V92221/...../120 <>
15-460 15-610 150 V92221/...../150 <>
Q60 15-610 15-610 20 V' 92224/...../ 20 <>
15-610 15-610 30 V' 92224/...../ 30 <>
15-610 15-610 40 V' 92224/...../ 40 <>
15-610 15-610 50 V' 92224/....../ 50 <>
15-610 15-610 60 V92224/...../ 60 <>
15-610 15-610 70 V' 92224/...../ 70 <>
15-610 15-610 80 V92224/... ../ 80 <>
15-610 15-610 90 V 92224/....../ 90 <>
15-610 15-610 100 V92224/...../100 <>
15-460 15-610 120 V92224/...../120 <>
15-460 15-610 150 V92224/...../150 <>
Q40 15-450 15-610 20 V92227/...../ 20 <>
15-450 15-610 30 V 92227/...../ 30 <>
15-450 15-610 40 V' 92227/...../ 40 <>
15-450 15-610 50 V' 92227/...../ 50 <>
15-450 15-610 60 V' 92227/...../ 60 <>
15-450 15-610 70 V' 92227/...../70 <>
15 - 450 15-610 80 V' 92227/...../ 80 <>
15-450 15-610 90 V' 92227/...../ 90 <>
15 - 450 15-610 100 V' 92227/.....7100 <>
15 - 450 15-610 120 v 92227/...../120 <>
15-450 15-610 150 V' 92227/...../150 <>
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