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PRODUCT DESCRIPTION Fm e
» Perfect for light to heavy work
» Extremely low vibration levels w
» Very robust and slim design LI
» Practical slide valve
APPLICATION
» Best suited for rough work and prolonged use
INCLUDED IN THE DELIVERY
» Hoses and clamping equipment
Wt. d1 Q p Is") n max. Stroke No. EUR
400 g 3 70 I/min 6 bar 1.5m 22,000 min’! 0.5 GDSF 2020/0,5 <>
40049 3 70 I/min 6 bar 1.5m 11,000 min"! 2.2 GDSF 2020/2,2 <>
400 g 3 70 I/min 6 bar 15m 9,000 min” 4 GDSF 2020/4,0 <>
500¢g 3-5 200 I/min 6 bar 1.5m 6,300 min"! 9 GDSF 2020/9,0 <>

1) Is: hose length

ﬂ Spare parts and repair by request
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