meusburger

PRODUCT DESCRIPTION

» Energy-efficient LED lighting

» Glare-free through conical prism screen

» Continuously dimmable to 10%, with memory function
» Frame out of anodised aluminium

» Flexibly lockable arm joint

Power supply Ik Colour temperature AR? b No. EUR
230V/50Hz 35m 4000 K 950 360 BAL 1210/360 <>
230V/50Hz 35m 4000 K 950 540 BAL 1210/540 <>

1) lk: cable length 2) AR: working radius

Meusburger Georg GmbH & Co KG | Kesselstr. 42 | 6960 Wolfurt | Austria

T +43 5574 6706-0 | F -11 | sales@meusburger.com | www.meusburger.com



