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PRODUCT DESCRIPTION

» 4.3" TFT colour display with speed and load display

» Automatic type and speed recognition of all M-Line micro motor handpieces

» Infinitely variable speeds from 1,000 - 80,000 min"!

» Connection options for two handpieces enables efficient working

» Counterclockwise rotation button for quick rotation direction change

» USB port (2x) for software updates, for operating USB LED lamps (GESM 10006)
or for charging USB battery devices

INCLUDED IN THE DELIVERY
» 2 handpiece stands (GESM 10003)
» Power cord (C13 type F)
» Safety glasses (ASA 1000)
» User guide
Wt. Connector Dimensions n No. EUR
3.3kg 230V /50 Hz 247 x210x 164 1,000 - 80,000 min"' GESM 1000/80 <>

n Spare parts and repair by request

CHARACTERISTICS
GESM 1000 Value
Max. output 260W
Motor connections 2 x 6 polig
2xUSB 2.0
USB interfaces » for software updates

» for operating and charging USB devices (e.g. GESM 10006 USB LED lamp)

Foot pedal connector

Additional connections GESM 10002 - Speed control with foot pedal

Mains connection 230V (optionally 115V with a fuse change)
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